Clamp-Lock”

THIAICH>T

Y—ERADTEA

i =
T N

4
KO 0.6 KO 1.0 |
N
R
unit:mm
Catalog Number Surface Pressure ¢ H Hub Min. Diameter 000000 N
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Shaft Hub Yield Limit of Hub Material Yield Limit of Hub Material »
o oo 0000000 MPal 0000000 MPal !
7 MPall [ MPall| 100 150 200 250 300 350 400 100 150 200 250 300 350 400 »
CLB-19% 47 213 86 83 67 61 58 56 55 54 173 90 75 67 63 60 59
CLB-20x 47 203 86 83 67 61 58 56 55 54 173 90 75 67 63 60 59 I#\
CLB-22%x 47 184 86 83 67 61 58 56 55 54 173 90 75 67 63 60 59 E
CLB-24%x 50 211 101 101 77 68 64 61 60 58 — 114 87 77 71 67 65 _a
CLB-25% 50 203 101 101 77 68 64 61 60 58 — 114 87 77 71 67 65
CLB-28x 55 181 92 102 81 73 69 66 64 63 271 112 90 81 76 72 70 ™
CLB-30% 55 169 92 102 81 73 69 66 64 63 271 112 90 81 76 72 70 492
CLB-35% 60 174 101 122 92 82 77 74 72 70 - 136 | 105 92 85 81 78 -Ig
CLB-38% 65 160 94 123 96 87 82 79 76 75 355 | 135 | 108 96 90 85 82 4%—
CLB-40%x 65 152 94 123 96 87 82 79 76 75 355 | 135 | 108 96 920 85 82 .
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