Stainless Steel Hand Knob
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BE D RUOEY P Lf H S d HE(g) mE D RUOEY P Lf min. HE(g)
KEHS-40-K8 40 M8 125 13 305 15 18 125 KEHS-40-M8-A4 40 M8 125 15
KEHS-50-K10 50 M10 15 16 34 17 21 202 KEHS-50-M10-A4 50 M10 1.5 18
KEHS-60-K12 60 M12 175 20 39 18 25 348 KEHS-60-M12-A4 60 M12 175 22
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=& D (@ Lc min. H s d BE(g) =E D C Lc min. H s d BE(g)
KEHS-40-R8 40 8 15 305 15 18 130 KEHS-40-R8-A4 40 8 15 305 15 18 130
KEHS-50-R10 50 10 18 34 7 21 210 KEHS-50-R10-A4 50 10 18 34 17 21 210
KEHS-60-R12 60 12 22 39 18 25 1360 KEHS-60-R12-A4 60 12 22 39 18 25 1360
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BE D RUOEY Pz Lf H s d HE(g)
KEHS-40-K8-A4 40 M8 125 13 305 15 18 125
KEHS-50-K10-A4 50 M10 |15 6 34 7 21 202
KEHS-60-K12-A4 60 m12 175 20 39 18 25 348
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