Dimple Knob - Large Type
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KRM-25-M4-6 25 M4 0.7 6 19
KRM-25-M4-10 25 M4 0.7 10 19
KRM-25-M4-16 25 M4 0.7 16 19
KRM-32-M5-10 KRMS-32-M5-10 32 M5 0.8 10 22
KRM-32-M5-16 KRMS-32-M5-16 32 M5 0.8 16 22
KRM-32-M5-20 KRMS-32-M5-20 32 M5 0.8 20 22
KRM-32-M6-10 32 M6 1 10 22
KRM-32-M6-20 32 M6 1 20 22
KRM-32-M6-40 32 M6 1 40 22
KRM-40-M6-10 KRMS-40-M6-10 40 M6 1 10 25
KRM-40-M6-16 KRMS-40-M6-16 40 M6 1 16 25
KRM-40-M6-20 KRMS-40-M6-20 40 M6 1 20 25
KRM-40-M6-25 KRMS-40-M6-25 40 M6 1 25 25
KRM-40-M8-16 40 M8 1.25 16 25
KRM-40-M8-20 40 M8 1.25 20 25
KRM-50-M8-16 KRMS-50-M8-16 50 M8 1.25 16 30
KRM-50-M8-20 KRMS-50-M8-20 50 M8 1.25 20 30
KRM-50-M8-25 KRMS-50-M8-25 50 M8 1.25 25 30
KRM-50-M8-30 KRMS-50-M8-30 50 M8 1.25 30 30
KRM-50-M8-50 50 M8 1.25 50 30
KRM-50-M10-20 50 M10 15 20 30
KRM-50-M10-30 50 M10 15 30 30
KRM-63-M10-20 63 M10 15 20 35
KRM-63-M10-30 KRMS-63-M10-30 63 M10 15 30 35
KRM-63-M10-50 KRMS-63-M10-50 63 M10 15 50 35
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KRF-25-M4 25 M4 0.7 8
KRF-32-M5 KRFS-32-M5 32 M5 0.8 10
KRF-32-M6 32 M6 1 10
KRF-40-M6 KRFS-40-M6 40 M6 1 14
KRF-40-M8 40 M8 1.25 14
KRF-50-M8 KRFS-50-M8 50 M8 1.25 18
KRF-50-M10 50 M10 1.5 19
KRF-63-M10 KRFS-63-M10 63 M10 1.5 20
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KRR-40-R8 40 8 15 25 2.8 - - 19
KRR-50-R10 50 10 19 32 2.8 = - 22
KRR-63-R12 63 12 23 40 3.8 - - 26
KRR-40-R8-1-M4 |40 8 15 25 = M4 0.7 19
KRR-50-R10-1-M5 |50 10 19 32 - M5 0.8 22
KRR-63-R12-1-M5 |63 12 23 40 = M5 0.8 26
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