Levelling Element
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FLEM-M12-1-4.5 | 3,110 |[FLEMS-M12-1-4.5 | 3,750 |M12 1 M4 0.7 110912 45 91191 9.1 3/2/3| 4400 |FLEM-12-W| 10
FLEM-M18-1-7 3,550 |FLEMS-M18-1-7 5,010 ‘M18 1 M6 1 10.1117| 7 1126|268 149| 5/2/3/10000  FLEM-18-W 36
FLEM-M24-1.5-9 | 5,110 |[FLEMS-M24-1.5-9 | 5,780 |M24 1.5 M8 1.25/11.3/24| 9 |19.6|31.1/18.7| 6/4/6 29500 |FLEM-24-W| 68
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FLEM-122W 4390 |12 211 [35 |7 |6 |8 | 20 FLEM-M12-1-4.5-FLEMS-M12-1-4.5 2
FLEM-18-W 4,750 18 |2 117 398 9 11 50 FLEM-M18-1-7-FLEMS-M18-1-7 57
FLEM-24-W 5260 (24 4 225 (43 | 9 [12 13 | 75 FLEM-M24-1.5-9- FLEMS-M24-1.5-9 68
FLEM-30-W ((5910) |30 |4 (285 48 11 |15 |17 |100 FLEM-M30- 1.5- 13+ FLEMS-M30- 1.5 - 13 155
FLEM-36-W (6590) |36 |4 345 53 13 |18 |22 |150 FLEM-M36 - 1.5 - 18+ FLEMS-M36 - 1.5- 18 255
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