Thin Nut for Pipe Thread
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SWNB-2 G1/4 16 17.5 3 1
SWNB-3 G3/8 21 23 3 2
SWNB-4 G1/2 24 26 4 6
SWNB-6 G3/4 30 325 4 8
SWNB-8 G1 4 44.5 5 25
SWNB-10 G1-1/4 46 50.5 5 21
SWNB-12 G1-1/2 55 61 6 43
SWNB-16 G2 65 72 6 45
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