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ﬁ;———— _— ] PBVOS-10ND-A (M8 1 M12 1 345 | 265 | 75 | 4 M8 1 6 18
i PBVOS-10NF-A M8 1 M12 1 345 | 265 | 75 | 4 M8 1 6 18
M L " s 2phO—7 PBVO08-10NA-A  |M8 1 M12 1 345 | 265 | 75 | 4 M8 1 6 18
PBV10-10ND-A | M10 1 M14 1 43 | 325 |95 | 5 MI0 1 8 29
o HH -t LIF O rohs p PBV10-10NF-A | M10 1 M14 1 43 | 325 | 95 | 5 M0 1 8 29
PBV PBV10-10NA-A  |M10 1 M14 1 43 | 325 |95 | 5 M0 1 8 29
eIV SUS420J248% PBV12-10ND-A M12 1 M16 1 515 | 385 (115 | 6 |[M12 1 10 44
ovk SUS440B48= PBV12-10NF-A M12 1 M16 1 515 | 385 (11,5 | 6 MI12 1 10 44
PBV12-10NA-A | M12 1 M16 1 515 | 385 115 | 6 MI12 1 10 44
® NO—RhvFIC[PBV|ZERTBL. BRUCORAZR . PBV14-10ND-A | M14 1 M20 15 64 |48 14 | 8 M4 1 12 90
ANFTHETTET, © MBS - PBV14-10NF-A  Mi4 1 m20 15 et 48 14 8 M4 12 90
5 * RLTLYR=bOANO—-T5 1 TERR PBV14-10NA-A M4 1 M20 15 |64 48 14 | 8 M4 1 12 9%
,ﬁ.i il BRES AhO—7514F PBV14-10LD-A M14 1 M20 15 80 |56 14 | 8 M4 1 20 100
— ] N BRE2N0—T PBV14-10LF-A M14 1 M20 15 80 |56 14 | 8 M4 1 20 100
L n>72kh0-2 PBV14-10LA-A M14 1 M20 15 80 |56 14 | 8 M4 1 20 100
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& -15NF- ) 5 64 |48 |14 | 8 M4 15 12 90
REHIBIRL - BRELS D] PBV14-15NA-A | M14 15 M20 15 64 |48 14 | 8 M4 15 12 90
—MRIRIBAEIC. PBV14-15LD-A M14 15 |M20 15 80 56 |14 8 M4 15 |20 100
IL ] P PBV14-15LF-A M14 15 M20 15 80 |56 |14 | 8 M4 15 20 100
| PBV14-15LA-A M14 15 M20 15 80 |56 |14 | 8 M4 15 20 100
PBV16-10ND-A | M16 1 M22 15 64 |48 14 | 8 Mi6 1 12 110
PBV16-10NF-A | M16 1 M22 15 64 |48 |14 | 8 M6 1 12 110
PBV16-10NA-A  M16 1 M22 15 64 |48 14 | 8 M6 1 12 110
Tk - EREE[F PBV16-10LD-A M16 1 M22 15 80 |56 |14 | 8 M6 1 20 130
FrEEfTHR. A THR S DRERBRAIRIC, PBV16-10LF-A M16 1 M22 1.5 80 56 (14 | 8 M6 1 20 130
PBV16-10LA-A M16 1 M22 15 80 |56 |14 | 8 M6 1 20 130
PBV16-15ND-A | M16 15 M2 15 64 |48 |14 | 8 M6 15 12 110
PBV16-15NF-A  M16 15 M22 15 64 |48 |14 | 8 M6 15 12 110
PBV16-15NA-A  |M16 15 M22 15 64 |48 14 | 8 M6 15 12 110
PBV16-15LD-A M16 15 M2 15 80 |56 |14 | 8 M6 15 20 130
DA N—---ERES[A] PBV16-15LF-A M16 15 |M22 1.5 80 56 14 | 8 M6 1.5 |20 130
T2 ey A~ DR DB A BB T PBV16-15LA-A M16 15 M22 15 80 |56 |14 | 8 M6 15 20 130
PBV20-15ND-A | M20 15 |Mm25 15 79 |59 |18 |10 M20 15 |15 160
PBV20-15NF-A  |M20 15 Mm25 15 79 |59 |18 |10 m20 15 15 160
PBV20-15NA-A | M20 15 |Mm25 15 79 |59 |18 |10 M20 15 15 160
PBV20-15LD-A M20 15 |Mm2s 15 99 |6 |18 |10 M20 15 |25 190
PBV20-15LF-A M20 15 M25 15 99 |6 |18 |10 M20 15 |25 190
o RILNTLYR—bORERBEERT BB, /NI TEEDORE PBV20-15LA-A M20 15 |M25 15 99 |6 |18 |10 M20 15 |25 190
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Bolt Pre - Support PowerStop*®
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PBV22-15ND-A M22 1.5 M27 1.5 79 59 18 10 |M22 1.5 15 190
PBV22-15NF-A M22 15 M27 15 79 59 18 10 |M22 1.5 15 190
PBV22-15NA-A M22 1.5 M27 15 79 59 18 10 |M22 1.5 15 190
PBV22-15LD-A M22 1.5 M27 1.5 29 69 18 10 |M22 1.5 25 220
PBV22-15LF-A M22 1.5 M27 1.5 99 69 18 10 |M22 1.5 25 220
PBV22-15LA-A M22 1.5 M27 1.5 29 69 18 10 |M22 1.5 25 220
PBV25-15ND-A M25 1.5 M33 1.5 109.5 78 225 12 M25 1.5 25 380
PBV25-15NF-A M25 1.5 M33 1.5 109.5 78 225 |12 |M25 1.5 25 380
PBV25-15NA-A M25 1.5 M33 1.5 109.5 78 225 12 |M25 1.5 25 380
PBV25-15LD-A M25 1.5 M33 1.5 139.5 93 225 |12 |M25 1.5 40 460
PBV25-15LF-A M25 1.5 M33 1.5 139.5 93 225 |12 |M25 1.5 40 460
PBV25-15LA-A M25 1.5 M33 1.5 139.5 93 225 12 |M25 1.5 40 460
PBV27-30ND-A M27 3 M36 1.5 109.5 78 225 |12 M27 3 25 470
PBV27-30NF-A M27 3 M36 1.5 109.5 78 225 12 |M27 3 25 470
PBV27-30NA-A M27 3 M36 1.5 109.5 78 225 12 |M27 3 25 470
PBV27-30LD-A M27 3 M36 1.5 139.5 93 225 |12 |M27 3 40 560
PBV27-30LF-A M27 3 M36 1.5 139.5 93 225 |12 |M27 3 40 560
PBV27-30LA-A M27 3 M36 1.5 139.5 93 225 12 |M27 3 40 560
PBV33-15ND-A M33 1.5 M42 1.5 130.5 925 265 |15 M33 1.5 30 690
PBV33-15NF-A M33 1.5 M42 1.5 130.5 925 265 |15 M33 1.5 30 690
PBV33-15NA-A M33 1.5 M42 1.5 130.5 925 (26,5 15 M33 1.5 30 690
PBV33-15LD-A M33 15 M42 15 170.5 [1125 |26.5 |15 |M33 1.5 50 830
PBV33-15LF-A M33 1.5 M42 1.5 170.5 [1125 |26.5 |15 |M33 1.5 50 830
PBV33-15LA-A M33 1.5 M42 1.5 1705 [1125 (265 |15 M33 1.5 50 830
PBV36-15ND-A M36 1.5 M45 1.5 130.5 925 265 |15 M36 1.5 30 830
PBV36-15NF-A M36 1.5 M45 1.5 130.5 925 265 |15 M36 1.5 30 830
PBV36-15NA-A M36 1.5 M45 1.5 130.5 925 (26,5 15 [M36 1.5 30 830
PBV36-15LD-A M36 1.5 M45 15 170.5 (1125 265 |15 M36 1.5 50 1000
PBV36-15LF-A M36 1.5 M45 1.5 170.5 [1125 (265 |15 M36 1.5 50 1000
PBV36-15LA-A M36 1.5 M45 1.5 1705 [1125 (265 |15 M36 1.5 50 1000
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